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UNIT:mm D-SUB CONN
 PANEL QUICK HD26P F CONN F PIN

HDB-26PFFP-QL8001 Wenxiang Li 2023/12/21
      TOLERANCE
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HDB-26PFFP-QL8001 Feng Li 2023/12/211:1 A4     1     1

ALTW Jerry 2023/12/21C A.4  QC :Inspection item
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REV. ECN NO. DATE SIGN DESCRIPTION

B LEN1390197 2013/09/02 Lu Di Update Dimension 

C C231127 2023/12/21 Wenxiang X2

ITEM NAME Description Spec QTY

1 ZSE00100958 HD-SUB PART II 26PIN F CONNZSE00100957+LIQ-0131

2 DOR00010006 DSUBGK,LONCIR,SILI,BLACK,70W19.10XL71.80XH01.90,N1

3 JSI00010003 TBD TBD 2

Notes:
*   Important Dimension To Check.
* Waterproof Rate : IP68
  IP68:1M of depth of water 24 hours
* Materials:
  Panel : Zinc
  Panel Link : Zinc
  Screw : Stainless,#4-40 UNC
  O-Ring : Silicone , Black
  Insulator : PBT
  Shell : Cold Rolled Steel
  Contact : Copper Alloy
  Nut : Copper Alloy
* Finish:
  Panel : Nickel Plated
  Panel Link : Nickel Plated
  Nut : Nickel Plated
  Shell : Nickel Plated
  Contact : Gold Flash

With Liquid Glue  
點防水膠     
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Screw L=6.0 For Panel Thickness
Between 1.2~2.0mm

Panel  Thickness

Recommended Panel Cut-Out

PCB Pin Layout

26 Pin Female Connector
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