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THE INFORMATION CONTAINED IN THIS DRAWING IS THE SOLE PROPERTY OF AMPHENOL CABLES ON REVISIONS
DEMAND. ANY REPRODUCTION OR DISCLOSURE, TO THIRD PARTIES, IN PART OR WHOLE, WITHOUT THE REV. DESCRIPTION DATE APPROVED
EXPRESS WRITTEN PERMISSION OF AMPHENOL CABLES ON DEMAND IS PROHIBITED. A |comBINED DWG OF 18/Sen/2019
MP-BARJ45SNNB-XXX,NNG,NNK,NNR,NNY,NNW. P
A1 Added MP-6ARJ45SNNA-XXX 07/Apr/2020
A2 Added MP-6ARJ45SNNK-001.5FT 24/Mar/2021
A3|Added "Amphenol Cables on Demand” in the cable marking | 03/Feb/2023
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MP-6ARJ45SNNY-003

3FT(914.4+30/-0mm)

MP-6ARJ45SNNW-003

3FT(914.4+30/-0mm)

MP-6ARJ45SNNA-003

3FT(914.4+30/-0mm)

MP-6ARJ45SNNY-004

4FT(1219.2+50/-Omm)

MP-6ARJ45SNNW-004

4FT(1219.2+50/-0mm)

MP-6ARJ45SNNA-004

4FT(1219.2+50/-0mm)

MP-6ARJ45SNNY-005

S5FT(1524+50/-0mm)

MP-6ARJ45SNNW-005

S5FT(1524+50/-0mm)

MP-6ARJ45SNNA-005

S5FT(1524+50/-0mm)

THE INFORMATION CONTAINED IN THIS DRAWING IS THE SOLE PROPERTY OF AMPHENOL CABLES ON REVISIONS
DEMAND. ANY REPRODUCTION OR DISCLOSURE, TO THIRD PARTIES, IN PART OR WHOLE, WITHOUT THE REV. DESCRIPTION DATE APPROVED
EXPRESS WRITTEN PERMISSION OF AMPHENOL CABLES ON DEMAND IS PROHIBITED. A mwymwﬁ._mwwo_u_\_ﬁm wvmx NG 18/Sep/2019
MP-6ARJ45SNNB-XXX (BLUE) MP-6ARJ45SNNG-XXX (GREEN) MP-6ARJ45SNNK-XXX (BLACK) AT ~dded _/\_nw)x(_km_whzﬂ_w_”vwﬂz%zzé. D7 IAPT2020
PIN LENGTH PIN LENGTH PIN LENGTH AT A GGeTMP EARIASSNN 00T 7T SANa20]
MP-6ARJ45SNNB-001 | 1FT(304.8+30/-0mm) MP-6ARJ45SNNG-001 | 1FT(304.8+30/-0mm) MP-6ARJ45SNNK-001 | 1FT(304.8+30/-0mm) A3 |Rdaed Armphanc] Cables on Domand” n the catie maming | 03/Fe0/20%
MP-6ARJ45SNNB-002 | 2FT(609.6+30/-0mm) MP-6ARJ45SNNG-002 | 2FT(609.6+30/-0mm) MP-6ARJ45SNNK-001.5] 1.5FT(304.8+30/-0mm)
MP-6ARJ45SNNB-003 | 3FT(914.4+30/-0mm) MP-6ARJ45SNNG-003 | 3FT(914.4+30/-0mm) MP-6ARJ45SNNK-002 | 2FT(609.6+30/-0mm)
MP-6ARJ45SNNB-004 | 4FT(1219.2+50/-0mm) MP-6ARJ45SNNG-004 | 4FT(1219.2+50/-0mm) MP-6ARJ45SNNK-003 | 3FT(914.4+30/-0mm)
MP-6ARJ45SNNB-005 | 5FT(1524+50/-0mm) MP-BARJ45SNNG-005 | 5FT(1524+50/-0mm) MP-6ARJ45SNNK-004 | 4FT(1219.2+50/-0mm) MP-6ARJ45SNNR-XXX (RED)
MP-6ARJ45SNNB-006 | 6FT(1828.8+75/-0mm) MP-6ARJ45SNNG-006 | 6FT(1828.8+75/-0mm) MP-6ARJ45SNNK-005 | 5FT(1524+50/-0mm) BN TENGTH
MP-6ARJ45SNNB-007 | 7FT(2133.6+75/-0mm) MP-6ARJ45SNNG-007 | 7FT(2133.6+75/-0mm) MP-6ARJ45SNNK-006 | 6FT(1828.8+75/-0mm) MP-6ARJ45SNNR-001 | 1FT(304.8+30/-0mm)
MP-6ARJ45SNNB-008 | 8FT(2438.4+75/-0mm) MP-6ARJ45SNNG-008 | 8FT(2438.4+75/-0mm) MP-6ARJ45SNNK-007 | 7FT(2133.6+75/-0mm) MP-6ARJA5SNNR-002 N_n._.aom.m+wo\.033v
MP-6ARJ45SNNB-009 | 9FT(2743.2+100/-0mm) MP-6ARJ45SNNG-009 | 9FT(2743.2+100/-0mm) MP-6ARJ45SNNK-008 | 8FT(2438.4+75/-0mm) MP-6ARJ45SNNR-003 w_u.:gh.b+wo\.033v
MP-6ARJ45SNNB-010 | 10FT(3048+100/-0mm) MP-6ARJ45SNNG-010 | 10FT(3048+100/-0mm) MP-6ARJ45SNNK-009 | 9FT(2743.2+100/-0mm) MP-6ARJA5SNNR-004 A_u._.:mA.o 2+50/-0mm)
MP-6ARJ45SNNB-011 | 11FT(3352.8+100/-0mm) MP-6ARJ45SNNG-011 | 11FT(3352.8+100/-0mm) MP-6ARJ45SNNK-010 | 10FT(3048+100/-0mm) MP-6ARJ45SNNR-005 m_u._.immb“fmo\.oaav
MP-6ARJ45SNNB-012 | 12FT(3657.6+100/-0mm) MP-6ARJ45SNNG-012 | 12FT(3657.6+100/-0mm) MP-6ARJ45SNNK-011 | 11FT(3352.8+100/-0mm) MP-6ARJ45SNNR-006 | 6FT(1828.8+75/-0mm)
MP-6ARJ45SNNB-013 | 13FT(3962.4+100/-0mm) MP-6ARJ45SNNG-013 | 13FT(3962.4+100/-0mm) MP-6ARJ45SNNK-012 | 12FT(3657.6+100/-0mm) MP-6ARJA5SNNR-007 w_u._.ﬁmaww.m+ﬂm\.ogav
MP-6ARJ45SNNB-014 | 14FT(4267.2+100/-0mm) MP-6ARJ45SNNG-014 | 14FT(4267.2+100/-0mm) MP-6ARJ45SNNK-013 | 13FT(3962.4+100/-0mm) MP-6ARJ45SNNR-008 m_u.:mhwm.h+um\.o_.:3v
MP-6ARJ45SNNB-015 | 15FT(4572+100/-0mm) MP-6ARJ45SNNG-015 | 15FT(4572+100/-0mm) MP-6ARJ45SNNK-014 | 14FT(4267.2+100/-0mm) MP-6ARJ45SNNR-009 ©1._.AN.\Aw.N+So\.033v
MP-6ARJ45SNNB-016 | 16FT(4876.8+150/-0mm) MP-6ARJ45SNNG-016 | 16FT(4876.8+150/-0mm) MP-6ARJ45SNNK-015 | 15FT(4572+100/-0mm) MP-6ARJA5SNNR-010 AO_H._.Awoam.w+Aoo\.033v
MP-6ARJ45SNNB-017 [ 17FT(5181.6+150/-0mm) MP-6ARJ45SNNG-017 | 17FT(5181.6+150/-0mm) MP-6ARJ45SNNK-016 | 16FT(4876.8+150/-0mm) MP-6ARJ45SNNR-011 | 11FT(3352.8+100/-0mm)
MP-6ARJ45SNNB-018 | 18FT(5486.4+150/-0mm) MP-6ARJ45SNNG-018 | 18FT(5486.4+150/-0mm) MP-6ARJ45SNNK-017 | 17FT(5181.6+150/-0mm) MP-6ARJA5SNNR-012 ‘_m_u._.ammw.mﬁ_oo\.ogav
MP-6ARJ45SNNB-019 | 19FT(5791.2+150/-0mm) MP-6ARJ45SNNG-019 | 19FT(5791.2+150/-0mm) MP-6ARJ45SNNK-018 | 18FT(5486.4+150/-0mm) MP-6ARJ45SNNR-013 Awﬂ._.Awmmm.b+AOo\.033V
MP-6ARJ45SNNB-020 | 20FT(6096+150/-0mm) MP-6ARJ45SNNG-020 | 20FT(6096+150/-0mm) MP-6ARJ45SNNK-019 | 19FT(5791.2+150/-0mm) MP-6ARJ45SNNR-014 ‘_&_n._.iwmw.wf_oo\.oq:qsv
MP-6ARJ45SNNB-025 | 25FT(7620+150/-0mm) MP-6ARJ45SNNG-025 | 25FT(7620+150/-O0mm) MP-6ARJ45SNNK-020 | 20FT(6096+150/-0mm) MP-6ARJA5SNNR-015 ‘_m_u._.ﬁmwm“loo\.o:i;
MP-6ARJ45SNNB-030 | 30FT(9144+150/-0mm) MP-6ARJ45SNNG-030 | 30FT(9144+150/-0mm) MP-6ARJ45SNNK-025 | 25FT(7620+150/-0mm) MP-6ARJ45SNNR-016 | 16FT(4876.8+150/-0mm)
MP-6ARJ45SNNB-050 | 50FT(15240+200mm) MP-6ARJ45SNNG-050 | 50FT(15240+200mm) MP-6ARJ45SNNK-030 | 30FT(9144+150/-0mm) MP-6ARJ45SNNR-017 | 17FT(5181 .m+‘_mo\.033v
MP-6ARJ45SNNB-065 | 65FT(19812+200mm) MP-6ARJ45SNNG-065 | 65FT(19812+200mm) MP-6ARJ45SNNK-050 | 50FT(15240+200mm) MP-6ARJA5SNNR-018 ‘_m_u._.abmm.aﬁ_mo\.ogav
MP-6ARJ45SNNK-065 | 65FT(198124200mm) MP-6ARJ45SNNR-019 | 19FT(5791.2+150/-0mm)
MP-6ARJ45SNNR-020 | 20FT(6096+150/-0mm)
MP-6ARJ45SNNY-XXX (YELLOW) MP-6ARJ45SNNW-XXX (WHITE) MP-6ARJ45SNNA-XXX (GRAY) KW.M»M“MMM”“HM.MWM WWM“__..MMWMMHH MM“.MHHW
PN LENGTH P/N LENGTH PN LENGTH MP-6ARJ45SNNR-050 | 50FT(15240+200mm)
MP-6ARJ45SNNY-001 | 1FT(304.8+30/-0mm) MP-6ARJ45SNNW-001] 1FT(304.8+30/-0mm) MP-6ARJ45SNNA-001 | 1FT(304.8+30/-0mm) MP-6ARJ45SNNR-065 | 65F T(19812:+200mm)
MP-6ARJ45SNNY-002 | 2FT(609.6+30/-0mm) MP-6ARJ45SNNW-002| 2FT(609.6+30/-0mm) MP-6ARJ45SNNA-002 | 2FT(609.6+30/-0mm)

Amphenol Cables on Demand

20 VALLEY ST. ENDICOTT, NY 13760
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MP-6ARJ45SNNY-006 | 6FT(1828.8+75/-0mm) MP-6ARJ45SNNW-006| 6FT(1828.8+75/-0mm) MP-6ARJ45SNNA-006 | 6FT(1828.8+75/-0mm)
MP-6ARJ45SNNY-007 | 7FT(2133.6+75/-0mm) MP-6ARJ45SNNW-007 | 7FT(2133.6+75/-0mm) MP-6ARJ45SNNA-007 | 7FT(2133.6+75/-0mm)
MP-6ARJ45SNNY-008 | 8FT(2438.4+75/-0mm) MP-6ARJ45SNNW-008| 8FT(2438.4+75/-0mm) MP-6ARJ45SNNA-008 | 8FT(2438.4+75/-0mm)
MP-6ARJ45SNNY-009 | 9FT(2743.2+100/-0mm) MP-6ARJ45SNNW-009| 9FT(2743.2+100/-0mm) MP-6ARJ45SNNA-009 | 9FT(2743.2+100/-0mm)
MP-6ARJ45SNNY-010 | 10FT(3048+100/-0mm) MP-6ARJ45SNNW-010] 10FT(3048+100/-0mm) MP-6ARJ45SNNA-010 | 10F T(3048+100/-0mm)
MP-6ARJ45SNNY-011 | 11FT(3352.8+100/-0mm)| | MP-6ARJ45SNNW-011] 11FT(3352.8+100/-0mm)| | MP-6ARJ45SNNA-011 | 11F T(3352.8+100/-0mm)
MP-6ARJ45SNNY-012 | 12FT(3657.6+100/-0mm)| | MP-6ARJ45SNNW-012| 12FT(3657.6+100/-0mm) | | MP-6ARJ45SNNA-012 | 12FT(3657.6+100/-0mm)
MP-6ARJ45SNNY-013 | 13FT(3962.4+100/-0mm)| | MP-6ARJ45SNNW-013| 13FT(3962.4+100/-0mm)| | MP-6ARJ45SNNA-013 | 13F T(3962.4+100/-0mm)
MP-6ARJ45SNNY-014 | 14FT(4267.2+100/-0mm)| | MP-6ARJ45SNNW-014| 14FT(4267.2+100/-0mm) | | MP-6ARJ45SNNA-014 | 14FT(4267.2+100/-0mm)
MP-6ARJ45SNNY-015 | 15F T(4572+100/-Omm) MP-6ARJ45SNNW-015| 15F T(4572+100/-Omm) MP-6ARJ45SNNA-015 | 15F T(4572+100/-Omm)
MP-6ARJ45SNNY-016 | 16F T(4876.8+150/-0mm)| | MP-6ARJ45SNNW-016] 16F T(4876.8+150/-0mm)| | MP-6ARJ45SNNA-016 | 16F T(4876.8+150/-0mm)
MP-6ARJ45SNNY-017 | 17F1(5181.6+150/-0mm)| | MP-6ARJ45SNNW-017| 17FT(5181.6+150/-0mm) | | MP-6ARJ45SNNA-017 | 17FT(5181.6+150/-0mm)
MP-6ARJ45SNNY-018 | 18FT(5486.4+150/-0mm)| | MP-6ARJ45SNNW-018| 18FT(5486.4+150/-0mm)| | MP-6ARJ45SNNA-018 | 18FT(5486.4+150/-0mm)
MP-6ARJ45SNNY-019 | 19FT(5791.2+150/-0mm)| | MP-6ARJ45SNNW-019| 19FT(5791.2+150/-0mm) | | MP-6ARJ45SNNA-019 | 19FT(5791.2+150/-0mm)
MP-6ARJ45SNNY-020 | 20FT(6096+150/-0mm) MP-6ARJ45SNNW-020| 20FT(6096+150/-0mm) MP-6ARJ45SNNA-020 | 20FT(6096+150/-0mm)
MP-6ARJ45SNNY-025 | 25F T(7620+150/-0mm) MP-6ARJ45SNNW-025| 25F T(7620+150/-0mm) MP-6ARJ45SNNA-025 | 25FT(7620+150/-0mm)
MP-6ARJ45SNNY-030 | 30FT(9144+150/-0mm) MP-6ARJ45SNNW-030| 30FT(9144+150/-0mm) MP-6ARJ45SNNA-030 | 30FT(9144+150/-0mm)
MP-6ARJ45SNNY-050 | 50F T(15240+200mm) MP-6ARJ45SNNW-050| 50F T(15240+200mm) MP-6ARJ45SNNA-050 | 50F T(15240+200mm)
MP-6ARJ45SNNY-065 | 65F T(19812£200mm) MP-6ARJ45SNNW-065] 65F T(19812£200mm) MP-6ARJ45SNNA-065 | 65F T(19812£200mm)
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