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UNIT:mm ACC, USB, C TYPE, DB-ENDED, MM Wenxiang Li 2024/09/07
      TOLERANCE

UC20ML-NAML-QAXXX Jerry 2024/09/071:1 A4     1    1

ALTW Fred 2024/09/07C .0 QC :Inspection item

F

E

D

C

B

A
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PROPERTY OF Amphenol LTW. DISCLOSURE TO THIRD PARTY HAS TO BE AUTHORIZED BY 

Amphenol LTW.
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REV. ECN NO. DATE SIGN DESCRIPTION

A Initial Released 2020/08/24 Ruru Old Item No. UC-20AMM-QA8AXX

B C220034 2022/01/24 Zhi Cheng *1

C C241031 2024/09/07 Wenxiang *1

Shield Braid Shield
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Conn.2 Wire Color Conn.1

Pin Out

ITEM NAME Description Spec QTY

1 ous-tub.prt TBD TBD 1

2 APA00010032 TYPE C MALE HOUSINGPP南亞3317,TM16003A,BK1

3 DGA00010439 GASKET,ALLOTP,SILI,XGRAY,70XUSB-CXL14.39XH02.20,N1

4 MLD00012892 TYPE C OUTER MOLDPP,LX16001A,BK 1

5 ZSE00107226 USB 2.0 PLUG TYPE C TO TYPE A1

6 MLD00010297 OUTER MOLD PVC45P,L-020,BK 1Twist
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Note:

*   Important Dimension

* Conn.1: USB Type C, Plug

* Housing: Thermoplastic, UL94 V-0, Black

* Gasket: Rubber, Black

* Waterproof Rate: IP68(Mated)(under water, 1M,24H)

* Conn.2: USB Type A 2.0, Plug

* Non-waterproof

* Cable: UL2725 32AWG*2C+24AWG*1C+28AWG*1C+D+Al/My+B

         PVC Jacket, OD=2.8mm, Black

Jump Wire

  UC20ML-NAML-QAXXX
 
              XXX: 01~03 Meters
              001: 1 Meter
              002: 2 Meters
              003: 3 Meters
Cable Langth tolerance:1~3M±50mm

Type A 金屬外殼結合縫外觀樣式非QC重點，請忽略，
Type A 除此部分，外觀尺寸大小皆須符合圖面
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Shrink Tube

Outer Mold
Color: Black
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