COMPONENT

MATERIAL AND FINISH

MSSP BODY, CONTACT

BeCu, ASTM B196, GOLD PLATE, MIL—G—45204,
UNS C17300 TYPE 1, GRADE C, CLASS 1

PTFE, ASTM D1710, =
INSULATORS TYPE |, GRADE 1, CLASS A E
SMA BODY 303 CRES, ASTM A582 PASSIVATE, AMS—QQ—-P-35 ;
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SMA JACK
MSSP FEMALE INTERFACE
INTERFACE MIL—STD—348
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ASSY PROCEDURES: N/A

MSSP FEMALE TO

INSERTION/EXTRACTION TOOL: N/A

SMA JACK ADAPTER

| SHEET 1 OF 1] 0LB53S 3-99 MM PC

PART NO.
MADP— 06555

REVISION
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