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2XLC CONNECTOR 9/125 SINGLE MODE OS2 DUPLEX FIBER CABLE
> LOW SMOKE ZERO HALOGEN
COLOR: YELLOW
LENGTH
ITEM NO.
B METER| FEET
FCA-LASU-DPS27-01 1.0 |3.28
FCA-LASU-DPS27-02 | 2.0 | 6.56
FCA-LASU-DPS27-03 | 3.0 |9.84
FCA-LASU-DPS2Z-05 | 5.0 [16.40
FCA-LASU-DPS27-10 | 10.0 [32.81
] FCA-LASU-DPS27Z-15 | 15.0 [49.21
NOTES:
1. LC CONNECTOR POLISH TYPE: APC A :
SC CONNECTOR POLISH TYPE: UPC. D“&“éﬁ;%ﬁy/‘fggﬁfNSgﬁgs'F[‘;fﬁn] APPROVALS DATE I - C D m ﬁ&gﬂggg%y&i 3?'3;5 USA.
OVERALL CABLE LENGTH TOLERANCE: |DRAWN BY R ——————— Phone: 1.800.341.5266
2. ALL CONNECTORS ACCOMPANIED WITH A DUST CAP <12[305] = +1 [25] /-0 |[DZINN 08/11/201 an [HFINITS brand 1978.682.6936
A INSTALLED (NOT SHOWN). v o e ea o % | Okl 08/11/2021 | CATEGORY
>120[3048] <300 (7620 = +6 [152] /-0 [AFPROVEDBY 08/11/2021 FIBER OPTICS
3. CABLE ASSEMBLY SHALL BE INDIVIDUALLY PACKAGED IN AL OTHER Dlﬁ’gﬁ;ﬁ’ﬁ;’sggacﬁ PRODUCT DESCRIFTION
ACCORDANCE WITH L-COM SPECIFICATION PS-0031. Zorala | eacions | G R FIBER OPTIC PATCH CABLE LC/APC TO
XXX =+ .005[13] | ANGLES%1° MAY VARY SC/UPC DUPLEX 9/125 SINGLEMODE OS2 LSZH
REGULATORY COMPLIANCE: THIRD-ANGLE PROJECTION COLOR VARIATIONS SZE | CAGE CODE | TEM NO. REV.
EU RoHS DIRECTIVE (MOST RECENT RELEASED VERSION) _@_ MAY OCCUR 43321 FCA-LASU-DPS27 A
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