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In case of consideration for using Automotive equipment / device which demand high reliability, kindly contact our sales window correspondents.
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[2>Style and Dimension of Reel
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Part No. Lobel

Detail of part No. Label

NOTE 1. 1Reel: 700 Contucts.

[2> Style of Reel and Box Shows in Figure.

3. Please be sure to check the form of crimping with o coble while adjusting applicator.
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