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RECOMMENDED PC BOARD HOLE PATTERN
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HIF2E-20D-2. 54RB(20)[CL561-0604-0-20] 20 129.87[24.13]22. 86
HIF2E-26D-2. 54RB(20)|CL561-0605-2-20] 26 [37.49]31.75]30. 48

HIF2E-30D-2. 54RB(20)[CL561-0606-5-20] 30 |42.57]36.83[35.56 SURFACE:GOLD 0.03#m min.
, PBT -
HIF2E-34D-2. 54RB120)[CL561-0601-8-20] 34 |47, 65|41, 91]40. 64 1| COPPER ALLOY' FNoER PLATING:NICKEL 3mm min. | = ° BLACK  UL34v=0
HIF2E-40D-2. 54RB(20)]CL561-0608-0-20f 40 |5h. 27]49.53]48. 26 NO. MATERIAL FINISH . REMARKS NO. MATERIAL FINISH . REMARKS
HIF2E-50D-2. 54RB(20)CL561-0609-3-20] 50 167.97162.23160. 96 UNITS @ g SCALE COUNT DESCRIPTION OF REVISIONS DESIGNED CHECKED DATE
HIF2E-60D-2. 54RB(20)[CL561-0610-2-20] 60 |80.67|74.93[73. 66 mm 2: 1 A
APPROVED :HS. OKAWA 15. 08. 21 DRQ‘(’)“NG EDC-365746-00-00
ms EII_EgiFEHC CHECKED +HT. YAMAGUCHI 15.08. 21 [oapT HIF2E-»+D-2. 54RBC20D
CO.. LTD. [DESIGNED +TH. SANO 15. 08. 21 C(’)‘gé :
DRAWN  :HR. NAGAYASU 15.08. 21| “no. CL561 NV
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