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In case of consideration for using Automotive equipment / device which demand high reliability, kindly contact our sales window correspondents.
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‘ NOTE :
! 1. THE HARMFUL BURRS SHALL BE 0.1mm OR LESS. 3 BRASS Ni + Sn
2. METAL MASK THICKNESS : 0.15mm OR MORE :
‘ 3. SMD MANAGEMENT DIMENSIONS SHALL BE WITHIN 0.12mm. 2 BRASS Ni + Sn
! [4)ENGRAVE LOT NO. AT THE INDICATORS(CO, LASER) 1 PPS WHITE
\ 1) YEAR, MONTH, DAY, CLASSIFICATION(DAY/NIGHT) : SEE BELOW
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