Nov.1.2025 Copyright 2025 HIROSE ELECTRIC CO., LTD. All Rights Reserved.
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NOTES 1. C > INDICATES THE REFERENCE DIMENSTONS.
[2 > APPLICABLE CABLE IS SHOWN IN TABLE-1. B
[3>>PLEASE USE ACCESSORY AS A GUIDE PLATE AND ASSEMBLE CONNECTOR
ANDELETED WITH CABLES INSERTING ACCESSORY INTO CONNECTOR.
/N A TO SATISFY CATSe PERFORMANCE, PLEASE ASSEMBLE ACCORDING TO HRS
. INSTRUCTTON.
§ /N 5. FOR THE CABLE ASSEMBLY, USE THE SPECIFIED HAND TOOL CHTG01-TM23/22P-88P) |E
_ OR THE APPLICATOR CAP105-TM22P-88P).
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1 | POLYCARBONATE A\| (CLEAR)UL94V—2 /3\| UNDER: Ni 2km min
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