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	C1-2
	C1-1

	C2
	C2-1
	C2-2

	C3
	C3-1
	C3-2

	C4
	C4-1
	C4-2

	C5
	C5-1
	C5-2

	C6
	C6-1
	C6-2

	C7
	C7-1
	C7-2

	C8
	C8-1
	C8-2

	CN1
	CN1-1

	CN2
	CN2-1

	CN3
	CN3-1

	CN4
	CN4-1

	CN5
	CN5-S2
	CN5-S1
	CN5-1
	CN5-2
	CN5-3
	CN5-4

	D1
	D1-1
	D1-2

	H1
	H1-0

	H2
	H2-0

	H3
	H3-0

	H4
	H4-0

	L1
	L1-2
	L1-1

	P1
	P1-1
	P1-2

	P2
	P2-3
	P2-2
	P2-1

	P3
	P3-3
	P3-2
	P3-1

	R2
	R2-2
	R2-1

	R4
	R4-2
	R4-1

	R5
	R5-2
	R5-1

	TP1
	TP1-1

	TP2
	TP2-1

	TP3
	TP3-1

	TP4
	TP4-1

	TP7
	TP7-1

	TP8
	TP8-1

	U1
	U1-C2
	U1-D2
	U1-C3
	U1-E3
	U1-E2
	U1-E1
	U1-D3
	U1-D1
	U1-C1
	U1-B3
	U1-B2
	U1-B1
	U1-A3
	U1-A2
	U1-A1


	Nets
	3V3
	CN5-2
	R2-2

	EN
	P2-2
	U1-D2

	GND
	C1-2
	C2-2
	C3-2
	C4-1
	C5-1
	C6-1
	C7-1
	C8-1
	CN2-1
	CN4-1
	CN5-1
	CN5-S1
	CN5-S2
	P2-3
	P3-3
	TP2-1
	TP4-1
	TP7-1
	U1-A3
	U1-B3
	U1-C2
	U1-C3
	U1-E1

	LX
	L1-1
	TP8-1
	U1-A2
	U1-B2

	NetD1_1
	D1-1
	R2-1

	SCL
	CN5-4
	R5-1
	U1-E2

	SDA
	CN5-3
	D1-2
	R4-1
	U1-D3

	VIN
	C1-1
	C2-1
	C3-1
	CN1-1
	P1-1
	TP1-1
	U1-A1
	U1-B1
	U1-C1

	VIO
	P1-2
	P2-1
	P3-1
	R4-2
	R5-2

	VOUT
	C4-2
	C5-2
	C6-2
	C7-2
	C8-2
	CN3-1
	L1-2
	TP3-1
	U1-E3

	VSEL
	P3-2
	U1-D1



	BOTTOM
	Components
	C1
	C1-2
	C1-1

	C2
	C2-1
	C2-2

	C3
	C3-1
	C3-2

	C4
	C4-1
	C4-2

	C5
	C5-1
	C5-2

	C6
	C6-1
	C6-2

	C7
	C7-1
	C7-2

	C8
	C8-1
	C8-2

	CN1
	CN1-1

	CN2
	CN2-1

	CN3
	CN3-1

	CN4
	CN4-1

	CN5
	CN5-S2
	CN5-S1
	CN5-1
	CN5-2
	CN5-3
	CN5-4

	D1
	D1-1
	D1-2

	H1
	H1-0

	H2
	H2-0

	H3
	H3-0

	H4
	H4-0

	L1
	L1-2
	L1-1

	P1
	P1-1
	P1-2

	P2
	P2-3
	P2-2
	P2-1

	P3
	P3-3
	P3-2
	P3-1

	R2
	R2-2
	R2-1

	R4
	R4-2
	R4-1

	R5
	R5-2
	R5-1

	TP1
	TP1-1

	TP2
	TP2-1

	TP3
	TP3-1

	TP4
	TP4-1

	TP7
	TP7-1

	TP8
	TP8-1

	U1
	U1-C2
	U1-D2
	U1-C3
	U1-E3
	U1-E2
	U1-E1
	U1-D3
	U1-D1
	U1-C1
	U1-B3
	U1-B2
	U1-B1
	U1-A3
	U1-A2
	U1-A1


	Nets
	3V3
	CN5-2
	R2-2

	EN
	P2-2
	U1-D2

	GND
	C1-2
	C2-2
	C3-2
	C4-1
	C5-1
	C6-1
	C7-1
	C8-1
	CN2-1
	CN4-1
	CN5-1
	CN5-S1
	CN5-S2
	P2-3
	P3-3
	TP2-1
	TP4-1
	TP7-1
	U1-A3
	U1-B3
	U1-C2
	U1-C3
	U1-E1

	LX
	L1-1
	TP8-1
	U1-A2
	U1-B2

	NetD1_1
	D1-1
	R2-1

	SCL
	CN5-4
	R5-1
	U1-E2

	SDA
	CN5-3
	D1-2
	R4-1
	U1-D3

	VIN
	C1-1
	C2-1
	C3-1
	CN1-1
	P1-1
	TP1-1
	U1-A1
	U1-B1
	U1-C1

	VIO
	P1-2
	P2-1
	P3-1
	R4-2
	R5-2

	VOUT
	C4-2
	C5-2
	C6-2
	C7-2
	C8-2
	CN3-1
	L1-2
	TP3-1
	U1-E3

	VSEL
	P3-2
	U1-D1








