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Bolt Mount and Stud Mount Ratchet Clamps
Adjustable, heavy-duty, center-mount cable management
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Inline Ratchet Clamps
Bolt Mount Ratchet Clamp

The Inline Ratchet Clamp family offers versatility when managing wires, 
cables and hoses. It is specially designed for locations with space con-
straints or where offset mounting options are not ideal. Available with a 
compression limiter for crush resistance in high-torque applications, or in 
all plastic for low- to medium-torque applications. The robust design and 
durable materials make it ideal for heavy duty applications, both indoors 
and out. The adjustable clamp can be closed by hand to the desired 
diameter. The release feature allows easy and nondestructive removal or 
addition of cables simply by inserting a flat-head screwdriver. In this way, 
the clamp can be reused without removing it from the mounting surface.

Features and Benefits

• Smaller footprint for applications where space is constrained.

• Low-torque version reduces part cost; high-torque version prevents bolt 
from damaging clamp base.

• One-piece ratchet closure design allows for easy installation during pre- 
or final assembly.

• Clamp interior is designed to guide and center bundles to reduce 
pinching.

Bundling and Securing
Clamps

PART NO. TYPE

Mounting 
Hole Dia.
in. (mm)

Min. 
Bundle 

Diameter
in. (mm)

Max. 
Bundle 

Diameter
in. (mm)

Min. 
Tensile

Strength
lbs. (N)

Width
(W)

in. (mm)
Pkg. 
Qty.

Low Torque

151-03540 CMRCBLM6 0.26 (M6) 0.5 (12.7) 0.8 (19.6) 200.0 (889.0) 1.4 (35.1) 160

151-03541 CMRCBLM8 0.33 (M8) 0.5 (12.7) 0.8 (19.6) 200.0 (889.0) 1.4 (35.1) 160

151-03550 CMRCCLM6 0.26 (M6) 0.8 (19.3) 1.4 (36.1) 250.0 (1,112.0) 1.4 (35.1) 150

151-03551 CMRCCLM8 0.33 (M8) 0.8 (19.3) 1.4 (36.1) 250.0 (1,112.0) 1.4 (35.1) 150

151-03552 CMRCCLM10 0.41 (M10) 0.8 (19.3) 1.4 (36.1) 250.0 (1,112.0) 1.4 (35.1) 150

151-03561 CMRCDLM6 0.26 (M6) 1.4 (36.1) 2.0 (50.8) 250.0 (1,112.0) 1.4 (35.1) 150

151-03562 CMRCDLM8 0.33 (M8) 1.4 (36.1) 2.0 (50.8) 250.0 (1,112.0) 1.4 (35.1) 150

151-03563 CMRCDLM10 0.41 (M10) 1.4 (36.1) 2.0 (50.8) 250.0 (1,112.0) 1.4 (35.1) 150

High Torque

151-03538 CMRCBHM6 0.26 (M6) 0.5 (12.7) 0.8 (19.6) 200.0 (889.0) 1.4 (35.1) 160

151-03539 CMRCBHM8 0.33 (M8) 0.5 (12.7) 0.8 (19.6) 200.0 (889.0) 1.4 (35.1) 160

151-03547 CMRCCHM6 0.26 (M6) 0.8 (19.3) 1.4 (36.1) 250.0 (1,112.0) 1.4 (35.1) 150

151-03548 CMRCCHM8 0.33 (M8) 0.8 (19.3) 1.4 (36.1) 250.0 (1,112.0) 1.4 (35.1) 150

151-03549 CMRCCHM10 0.41 (M10) 0.8 (19.3) 1.4 (36.1) 250.0 (1,112.0) 1.4 (35.1) 150

151-03558 CMRCDHM6 0.26 (M6) 1.4 (36.1) 2.0 (50.8) 250.0 (1,112.0) 1.4 (35.1) 150

151-03559 CMRCDHM8 0.33 (M8) 1.4 (36.1) 2.0 (50.8) 250.0 (1,112.0) 1.4 (35.1) 150

151-03560 CMRCDHM10 0.41 (M10) 1.4 (36.1) 2.0 (50.8) 250.0 (1,112.0) 1.4 (35.1) 150

Dimensions are approximate and subject to technical changes. Use Part No. for ordering and Type for specification purposes.

MATERIAL Polyamide 6.6 high impact modified, heat 
and UV stabilized (PA66HIRHSUV)

Operating 
Temperature

-40°F to +221°F (-40°C to +105°C)

Color Black (BK)

Min/Max
Bundle

Diameter

W

Stud Diameter



3

Inline Ratchet Clamps
Stud Mount Ratchet Clamps

The Inline Ratchet Clamp family offers versatility when managing 
wires, cables and hoses. It is specially designed for locations with space 
constraints or where offset mounting options are not ideal. Easily attaches 
to existing studs or bolts without the need for additional hardware. 
The robust design and durable materials make it ideal for heavy duty 
applications, both indoors and out. The adjustable clamp can be closed 
by hand to the desired diameter. The release feature allows easy and 
nondestructive removal or addition of cables simply by inserting a flat-
head screwdriver. In this way, the clamp can be reused without removing 
it from the mounting surface.

Features and Benefits

• Smaller footprint for applications where space is constrained.

• Easily attaches to existing bolts or studs, eliminating the need for 
additional hardware.

• Cover/stopper inside the clamp prevents stud from touching the cable 
bundle, minimizing chaffing and protecting bundle from damage.

• One-piece ratchet closure design allows for easy installation during pre- 
or final assembly.

• Clamp interior is designed to guide and center bundles to reduce 
pinching.

Bundling and Securing
Clamps

PART NO. TYPE
Stud Dia.
in. (mm)

Min. 
Bundle 

Diameter
in. (mm)

Max. 
Bundle 

Diameter
in. (mm)

Min. 
Tensile

Strength
lbs. (N)

Width
(W)

in. (mm)
Pkg. 
Qty.

151-03544 CMRCBSMM6 0.26 (M6) 0.5 (12.7) 0.8 (19.6) 200.0 (889.0) 1.4 (35.1) 160

151-03545 CMRCBSMM8 0.33 (M8) 0.5 (12.7) 0.8 (19.6) 200.0 (889.0) 1.4 (35.1) 160

151-03546 CMRCBSMM10 0.41 (M10) 0.5 (12.7) 0.8 (19.6) 200.0 (889.0) 1.4 (35.1) 160

151-03555 CMRCCSMM6 0.26 (M6) 0.8 (19.3) 1.4 (36.1) 250.0 (1,112.0) 1.4 (35.1) 150

151-03556 CMRCCSMM8 0.33 (M8) 0.8 (19.3) 1.4 (36.1) 250.0 (1,112.0) 1.4 (35.1) 150

151-03557 CMRCCSMM10 0.41 (M10) 0.8 (19.3) 1.4 (36.1) 250.0 (1,112.0) 1.4 (35.1) 150

151-03566 CMRCDSMM6 0.26 (M6) 1.4 (36.1) 2.0 (50.8) 250.0 (1,112.0) 1.4 (35.1) 150

151-03567 CMRCDSMM8 0.33 (M8) 1.4 (36.1) 2.0 (50.8) 250.0 (1,112.0) 1.4 (35.1) 150

151-03568 CMRCDSMM10 0.41 (M10) 1.4 (36.1) 2.0 (50.8) 250.0 (1,112.0) 1.4 (35.1) 150

Dimensions are approximate and subject to technical changes. Use Part No. for ordering and Type for specification purposes.

MATERIAL Polyamide 6.6 high impact modified, heat 
and UV stabilized (PA66HIRHSUV)

Operating 
Temperature

-40°F to +221°F (-40°C to +105°C)

Color Black (BK)

Min/Max
Bundle

Diameter

W

Stud Diameter
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Warranty Policy – HellermannTyton products are warranted to be free from defects in material and workmanship at the time sold by us; but our obligation under this warranty and that of the seller 
is limited to the replacement of the product, and neither we nor the seller are bound by any other warranty, expressed, implied or statutory. Under no circumstances are we or the seller liable for any 
loss, damage, expenses or consequential damages of any kind arising out of the use or inability to use these products. All are sold with the understanding that the user will test them in actual use and 
determine their adaptability for the intended uses.

LITPD383, 06.2022


