
19

Description
Bel’s USB Type-C Adapter cable assemblies enable connections to a USB Type-C equipped computer or smartphone 
directly to an HD monitor, TV, or projector with several input options. These cable assemblies are only for use with 
USB-C connected devices that support DP Alt Mode or Thunderbolt™3 connectors. These cable assemblies feature 
gold-plated connectors to provide superior transmission, high reliability, and durability. USB Type-C supports USB 
3.1 communications and features in a small, reversible connector that allows quick and easy plug in. The USB Type-C 
adapter cable assemblies include HDMI, DisplayPort, and VGA options and are unidirectional (USB Type-C connector 
input, HDMI, DisplayPort, or VGA output). HDMI and DisplayPort options support output resolutions up to 4K x 
2K@60HZ. The VGA option supports output resolutions up to 1920 x 1200@60HZ. 

Bel Part Number Connector End A Connector End B Lengths Available
ft m

BC-DC003F DisplayPort (Male) USB Type-C (Male) 3ft 0.91m

BC-DC006F DisplayPort (Male) USB Type-C (Male) 6ft 1.82m

BC-DC010F DisplayPort (Male) USB Type-C (Male) 10ft 3.04m

BC-HC003F HDMI (Male) USB Type-C (Male) 3ft 0.91m

BC-HC006F HDMI (Male) USB Type-C (Male) 6ft 1.82m

BC-HC010F HDMI (Male) USB Type-C (Male) 10ft 3.04m

BC-VC003F VGA (Male) USB Type-C (Male) 3ft 0.91m

BC-VC006F VGA (Male) USB Type-C (Male) 6ft 1.82m

BC-VC010F VGA (Male) USB Type-C (Male) 10ft 3.04m

USB Type-C Adapter Cable Assemblies

Cable Catalog

BC = Cable Assembly Family

FXXXBC DC

DC = DisplayPort (Male) to USB Type-C (Male)
HC = HDMI (Male) to USB Type-C (Male)
VC = VGA (Male) to USB Type-C (Male)

Connector Performance

Part Number

Length

F = Feet
UOM

003F = 3ft 007F = 7ft 015F = 15ft 030F = 30ft


