


gen4-4DPI Series 

• Series of Primary Displays for the 
Raspberry Pi

• Supports: A+, B+, Pi2, Pi3 and Pi 
Zero W. 

• Sizes available
• 4.3-inch, 480 x 272 pixels
• 5.0-inch, 800 x 480 pixels
• 7.0-inch, 800 x 480 pixels

• Touch Options
• Resistive Touch
• Capacitive touch with Cover Glass



• TFT Screen with integrated 4-wire Resistive Touch Panel (T), 
or Capacitive Touch Panel (CT) with Cover Lens Bezel (CLB).

• Display GUI output / primary output, just like a monitor 
connected to the Raspberry Pi

• High Speed 48MHz SPI connection to the Raspberry Pi, 
featuring SPI compression technology.

• Typical frame rate of 20 Frames per second (FPS) – 4.3”, or 7 
Frames per second (5” & 7”), higher if the image can be 
compressed further by the kernel. Lower if no compression is 
possible.

• Powered directly off the Raspberry Pi, no external power 
supply is required.

• On board EEPROM for board identification, following the HAT 
standard.

• 4x 4.0mm Mounting holes on Non-Touch and Resistive Touch 
modules, or via adhesive on the bezel for Capacitive Touch 
model.

• RoHS and CE Compliant.
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PART NUMBERS

• gen4-4DPI-43T – 4.3” Resistive Touch

• gen4-4DPI-43CT-CLB – 4.3” Capacitive Touch with Cover Glass

• gen4-4DPI-50T – 5.0” Resistive Touch

• gen4-4DPI-50CT-CLB – 5.0” Capacitive Touch with Cover Glass

• gen4-4DPI-70T – 7.0” Resistive Touch

• gen4-4DPI-70CT-CLB – 7.0” Capacitive Touch with Cover Glass
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Additional Resources

• Product Page here

• Datasheet here

• Product Video

https://www.4dsystems.com.au/product/gen4-4DPi
http://www.4dsystems.com.au/productpages/gen4-4DPi/downloads/gen4-4DPi_datasheet_R_1_0.pdf
https://youtu.be/pk-r7UpPUdw


Any Questions?

Markku Riihonen

Global Products and Business Development Manager
• Phone: +43 660 753 0499

• E-mail: markku@4dsystems.com.au

• Skype: markku4d
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